SCARA Robots

i4'650 Hl750 Hl850 H EtherCAT (NJ501-R) version

High-Performance SCARA robot for precision
machining, assembly, and material handling

» EtherCAT connectivity to the Omron NJ501-R controller and
programming through the familiar IEC 61131-3 programming
language or scripting (ev+).

» Simple integration with EtherCAT controller integrated into
the robot base.

+ Easy to service with high visibility, multi-colored light ring and
display to show the robot status

* Reach Options: 650 mm, 750 mm, 850 mm

» Weight 650: 50.4 kg ; 750: 50.9 kg ; 850: 51.6 kg

Specifications
Product i4-650H i4-750H i4-850H
Type Standard Standard Standard
Quill Length (mm) 210 mm 410 mm 210 mm 410 mm 210 mm 410 mm
Part Number RS4-2066502 | RS4-2066504 | RS4-2067502 | RS4-2067504 | RS4-2068502 | RS4-2068504
Number of axes 4
Mounting Table
Reach (mm) 650 750 850
Maximum Payload (kg) 15
XY (mm) +.0.015
Repeatability Z (mm) +.0.01
Theta (deg) +.0.005
Joint 1 (deg) +152
SRR Joint 2 (deg) i1.40 .
Joint 3 (mm) 210 mm (Standard Quill), 410 mm (Long Quill)
Joint 4 (deg)*** +360
Inertia Moment (Max.) Joint 4 (kg m2) 0.5
\",":r’t‘l';‘l"" BT S Joint 3 (N) 588, 3 son, 2 s off
Joint 1 (deg/s) 450
. Joint 2 (deg/s) 720
Joint Speeds Joint 3 (mm/s) 1583
Joint 4 (deg/s) 2400
Burst (s) 0.41 0.39 0.39
Cycle times* Sustained (s) 0.45 0.46 0.50
Blended Burst (s)** 0.32 0.31 0.31
Power Requirements 24 VDC: 8 A (max)
200 to 240 VAC: 12.0 A (max)
Protection 1P20 / NEMA Type 1
e TR S Ambient Temperature 510 40°C
Humidity Range 5 to 90% non-condensing
Weight (kg) 50.4 50.9 51.6
Controller iCS-ECAT
On-board 1/0 12 inputs / 8 outputs
End of Arm EtherCAT 1
Connection
Pneumatic connections 4x 6 mm pneumatic connectors
) (o Conveyor tracking input 2
RS-232C serial comm port 1
Programming Sysmac Studio 64-bit
Vision Manager Yes
Pack Manager Yes
Connectable Controller Omron NJ501-R Series

*Adept cycle, in mm 25/305/25 (seconds, at 20°C ambient) with 2.0 kg payload
**Fast cycle, in mm (25/305/25) (seconds, at 20°C ambient) with 2.0 kg payload but with arc motion
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Dimensions

i4 650 H Dimensions
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Robot Parts Code and Bundled Accessories
Product i4-650H i4-750H i4-850H
Type Standard Standard Standard
Quill Length 210 mm 410 mm 210 mm \ 410 mm 210 mm \ 410 mm
Overview SCARA Robot Arm + Integrated iCS ECAT Controller
T AT XSYSTEM cable with jumpers, and Ethernet Management port, 1.8 m/6 ft (13323-100)
Front Panel Kit (92546-10358)
Ot T - Plate, eCobra Adapter (Allows i4H to be mounting with eCobra mount hole pattern) (21636-100)
P Camera Bracket Mount (18908-000)
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SCARA Robots

i4-650H/750H/850H Inverted

EtherCAT (NJ501-R) version

High-Performance SCARA robot for precision
machining, assembly, and material handling

» EtherCAT connectivity to the Omron NJ501-R controller and
programming through the familiar IEC 61131-3 programming
language or scripting (eV+).

+ Easy to service with high visibility, multi-colored light ring and
display to show the robot status

* Reach Options: 650 mm, 750 mm, 850 mm

» Weight 650: 50.4 kg ; 750: 50.9 kg ; 850: 51.6 kg

Specifications
Product i4-650H i4-750H i4-850H
Type Inverted Inverted Inverted
Quill Length (mm) 210 mm 410 mm 210 mm 410 mm 210 mm 410 mm
Part Number RS4-2066702 | RS4-2066704 | RS4-2067702 | RS4-2067704 | RS4-2068702 | RS4-2068704
Number of axes 4
Mounting Ceiling
Reach (mm) 650 750 850
Maximum Payload (kg) 15
XY (mm) +.0.015
Repeatability Z (mm) +.0.01
Theta (deg) +.0.005
Joint 1 (deg) +152
Joint Range Joint 2 (deg) i1.40 .
Joint 3 (mm) 210 mm (Standard Quill), 410 mm (Long Quill)
Joint 4 (deg) +360
Inertia Moment (Max.) Joint 4 (kg m2) 0.5
\",":r’t‘l'(';‘l'm RS Joint 3 (N) 588, 3 s on, 2 s off
Joint 1 (deg/s) 450
. Joint 2 (deg/s) 720
Joint Speeds Joint 3 (mmis) 1583
Joint 4 (deg/s) 2400
Burst (s) 0.41 0.39 0.39
Cycle times* Sustained (s) 0.45 0.46 0.50
Blended Burst (s)** 0.32 0.31 0.31
Power Requirements 24 VDC: 8 A (max)
200 to 240 VAC: 12 A (max)
Protection 1P20 / NEMA Type 1
Environment Requirements Ambient Temperature 51t040°C
Humidity Range 5 to 90% non-condensing
Weight (kg) 50.4 50.9 51.6
Controller iCS-ECAT
On-board 1/0 12 inputs / 8 outputs
End of Arm EtherCAT 1
Connection
Z:::;r:itéigass-through 4x 6 mm pneumatic connectors
it ol Conveyor tracking input 2
RS-232C serial comm port 1
L Sysmac Studio 64-bit
Vision Manager Yes
Pack Manager Yes
Connectable Controller Omron NJ501-R Series

*Adept cycle, in mm 25/305/25 (seconds, at 20°C ambient) with 2.0 kg payload
**Fast cycle, in mm (25/305/25) (seconds, at 20°C ambient) with 2.0 kg payload but with arc motion
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Dimensions

i4 650 H Dimensions
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Robot Parts Code and Bundled Accessories
Product i4-650H i4-750H i4-850H
Type Inverted Inverted Inverted
Quill Length 210 mm 410 mm 210 mm 410 mm 210 mm 410 mm
Interface Panel Orientation Rear Panel Bottom Panel Rear Panel Bottom Panel Rear Panel Bottom Panel
Part Number RS4-2066702 RS4-2066704 RS4-2067702 RS4-2067704 RS4-2068702 RS4-2068704
Overview SCARA Robot Arm + Integrated iCS ECAT Controller
Bundled Accessories XSYSTEM cable with jumpe'r:sr(,)ﬁ?gaEntzle}r(r;te(tgl\ggzgaeorgggt) port, 1.8 m/6 ft (13323-100)
Optional Accessories Plate, eCobra Adapter (AIIowsCi;lm ;?abgrr:(?ktg:tiMng lmi:fz&%ggig (;T(;())unt hole pattern) (21636-100)
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OMmRON

OMRON AUTOMATION AMERICAS HEADQUARTERS - Chicago, IL USA « 847.843.7900 « 800.556.6766 » automation.omron.com

OMRON CANADA, INC. - HEAD OFFICE
Toronto, ON, Canada + 416.286.6465 « 866.986.6766 » automation.omron.com

OMRON ELECTRONICS DE MEXICO - HEAD OFFICE
Ciudad de México » 52.55.5901.4300 - 01.800.386.6766 » mela@omron.com

OMRON ELECTRONICS DE MEXICO « SALES OFFICE

OMRON ELETRONICA DO BRASIL LTDA « HEAD OFFICE
S&o Paulo, SP, Brasil « 55 11 5171-8920 « automation.omron.com

OMRON ARGENTINA « SALES OFFICE
Buenos Aires, Argentina « +54.11.4521.8630 + +54.11.4523.8483
mela@omron.com

San Pedro Garza Garcia, N.L. « 81.12.53.7392 « 01.800.386.6766 » mela@omron.com OTHER OMRON LATIN AMERICA SALES

OMRON ELECTRONICS DE MEXICO « SALES OFFICE
Eugenio Garza Sada,Leén, Gto - 01.800.386.6766 « mela@omron.com

+54.11.4521.8630 « +54.11.4523.8483 - mela@omron.com

Authorized Distributor:

Note: Specifications are subject to change.

Controllers &1/0
« Machine Automation Controllers (MAC) - Motion Controllers
« Programmable Logic Controllers (PLC) - Temperature Controllers - Remote 1/O

Robotics
« Industrial Robots - Mobile Robots

Operator Interfaces
« Human Machine Interface (HMI)

Motion & Drives
» Machine Automation Controllers (MAC) « Motion Controllers « Servo Systems
« Frequency Inverters

Vision, Measurement & Identification
- Vision Sensors & Systems « Measurement Sensors « Auto Identification Systems

Sensing
+ Photoelectric Sensors « Fiber-Optic Sensors « Proximity Sensors
« Rotary Encoders « Ultrasonic Sensors

Safety

« Safety Light Curtains « Safety Laser Scanners « Programmable Safety Systems
- Safety Mats and Edges « Safety Door Switches « Emergency Stop Devices

- Safety Switches & Operator Controls « Safety Monitoring/Force-guided Relays

Control Components
+ Power Supplies « Timers « Counters « Programmable Relays
- Digital Panel Meters « Monitoring Products

Switches & Relays
« Limit Switches « Pushbutton Switches « Electromechanical Relays
- Solid State Relays

Software
« Programming & Configuration « Runtime
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